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PART NO.COLOR

1479358-1LT. ALMOND

1479358-2BLACK

1479358-3WHITE

1479358-4NEMA GRAY

1-1479358-1ELEC. IVORY

1-1479358-3ALPINE WHITE

 MATERIAL:BASE AND COVER - ABS MOLDING COMPOUND.
       SEE TABLE FOR COLOR.
       LABEL COVERS - POLYCARBONATE MOLDING COMPOUND.
       LABELS - WHITE INDEX PAPER.
       SCREWS - ZINC PLATED CARBON STEEL.
       CABLE TIE - NYLON 6/6
       FOAM TAPE -  POLYETHYLENE

 2. THIS KIT SHIPPED NOT ASSEMBLED.

 3. OFFICE BOX ACCEPTS ANY COMBINATION OF 110
    CONNECT OR SL SERIES MODULAR JACKS, MT-RJ OUTLET
    JACKS OR SL SERIES MULTIMEDIA INSERTS.

 4. BASE ACCEPTS TWO MAGNETS FOR OPTIONAL METAL
    SURFACE MOUNTING. MAGNET PART NUMBER 1479398-1
    PURCHASED SEPARATELY.
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C REV; ECO-09-004529 24FEB2009 GG RA

D REV ECO-11-008147 19APR2011 LH RA

E REV PER ECO-14-011366 01AUG14 JB LS

F REV PER BNS_CD_BRAND 08FEB2017 GG DC
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