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GENERAL NOTES1.
DESIGN NOTES2.
MANUFACTURING/SPECIAL REQUIREMENTS3.
3.1     SHEET 2-4 IS CUSTOMER ASSEMBLY INSTRUCTIONS
TEST4.
PACKAGING5.
5.1     WRAP THE UNIT IN PROTECTIVE FOAM WRAP BEFORE PACKAGING
5.2     PACKAGE IN POLYBAG AND PLACE INSIDE THE UNIT FOR SHIPPING
5.3     PRINTED DOCUMENT TO BE INCLUDED IN THE PACKAGE

REVISIONS
REV. ECN DESCRIPTION BY DATE

A 8000037454 INITIAL RELEASE JP1130 11/11/2019

ITEM 
NO. PART NUMBER DESCRIPTION QTY. NOTE

1 MTM1094-1100 SQ POLE ADAPTER WELDMENT 1
2 MTM1094-1201 SQ POLE ADPT BKT LARGE 2
3 MTM1094-1202 SQ POLE ADPT BKT SMALL 2
4 MT37916 1/2" X 16" GALV THREADED ROD 2
5 GN-04 1/2" GALV HEX NUT 4 5.2
6 GWL-04 1/2" GALV LOCK WASHER 4 5.2
7 GWF-04 1/2" GALV FLAT WASHER 4 5.2
8 GB-03505 3/8" X 5" GALV BOLT KIT 4 5.2
9 GWF-03 3/8" GALV FLAT WASHER 8 5.2

10 860636779-SQ1 REFERENCE DOCUMENT 1 5.3
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MTM1099-1201 BRACKET REQUIRED 
FOR POLES LARGER THAN 6" SQ. 

MTM1099-1202 BRACKET REQUIRED 
FOR POLE 6" SQ AND SMALLER

THREADED ROD REQUIRED TO BE 
"CUT-TO-SIZE" IF A CONCEALMENT 
TRANSITION COVER WILL BE 
INSTALLED

8" MAX. FOR POLE SIZE UPTO 6" SQ
12" MAX. FOR POLE SIZE > 6" SQ

12" POLETOP ON 
3.5" SQ POLE

POLETOP SHOWN FOR 
REFERENCE ONLY. NOT 
INCLUDED WITH THIS KIT

12" POLETOP ON 
6.0" SQ POLE

12" POLETOP ON 
8.5" SQ POLE

POLE BRACKETS (MTM1099-1201 AND MTM1099-1202) 
WILL ACCOMODATE POLES WITH CORNER RADIUS 
1/8" OR LARGER. 
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POLETOP SHOWN FOR 
REFERENCE ONLY. NOT 
INCLUDED WITH THIS KIT

MTM1099-1201 BRACKET REQUIRED 
FOR POLES LARGER THAN 6" SQ. 

MTM1099-1202 BRACKET REQUIRED 
FOR POLE 6" SQ AND SMALLER

18" POLETOP ON 
8.5" SQ POLE

18" POLETOP ON 
6.0" SQ POLE

18" POLETOP ON 
3.5" SQ POLE

POLE BRACKETS (MTM1099-1201 AND MTM1099-1202) 
WILL ACCOMODATE POLES WITH CORNER RADIUS 
1/8" OR LARGER. 

THREADED ROD REQUIRED TO BE 
"CUT-TO-SIZE" IF A CONCEALMENT 
TRANSITION COVER WILL BE 
INSTALLED

8" MAX. FOR POLE SIZE UPTO 6" SQ
12" MAX. FOR POLE SIZE > 6" SQ
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LOWER TRANSITIONS SHOWN INSTALLED FOR REFERENCE

COMMSCOPE CONCEALMENT LOWER TRANSITION COMPATIBILITY MATRIX

THESE TRANSITIONS MAYBE PURCHASED SEPARATELY. 
NOT INCLUDED WITH 860636779-SQ1

12" POLETOP 18" POLETOP

3.5" SQ. POLE 860641110-PTX 860644785-18C1X

6.0" SQ. POLE 860641110-PTX 860644785-18C1X

8.5" SQ. POLE CUSTOM 860644785-18C1X
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